Stealth® MultiDrive How to Order

Choose gearhead series, frame size, ratio, backlash and orientation from the chart below.

Gearhead Ordering Information
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Order Example: RD 142 E 003
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Frame
Size (mm) Encoder
090
115
RB Low Ratio 142 -
180
220

090
115
RD Dual Shaft 142 E
180
220

090
D
RT Hollow Shaft 142 -
180
220

Mounting Kit Ordering Information

Series Ratio

001, 002, 003

For 1:1, 2:1 and 3:1 ratios, mounting kit is; MD (frame size)-ratio-xxx. For example MD90-001
For 9:1 or higher, , mounting kit is: MT (frame size)-ratio-xxx. For example MD90-021

Recommended Parker Motor and Mounting Kit

Frame Recommended Servo Motor
Size Ratio Motor Mounting Kit AD Dimension
R BE34 MD90-209
% 15 20230 MPP092 MD90-016 24.5 mm
S T BE34 MT90-005 35.3 mm
L OTHIGNEr  \pPog2  MT90-051 44 mm
1124 34 MPP0S2  MD115-017  265mm
%o hebSt MPP115 MD115-010 34.4-mm
91 or Higher MPP092  MT115-045 43.2 mm
: g MPP115  MT115-010 51 mm
14 24 34 MPP115  MD142-010  40.8mm
ok hebe o upp142 MD142-013 36 mm
91 orHigher MPP115  MT142-010 58 mm
: 9 MPP142  MT142-146 75 mm
11 29 34 MPP142  MD180-123  36.4mm
e ebel o MPP190 MD180-125 48 mm
91 orHigher MPP142  MT180-131 67.5 mm
; 9 MPP190  MT180-096 109 mm
R \PP100 MD220-
2 R TR e MPP220 MD-220 Consult Factory
91 orHighey MPP190  MT220-021 104 mm
’ 9 MPP220  MT220-022 138 mm

Parker Hannifin Corporation «

001, 002, 003, 009, 015, 021, 030

® ©
XXX LB

® ®

Special Backlash

Factory
Assigned
(Only if
needed)

Blank = Standard
LB = Low

003, 009, 015, 021, 030

Parker MotionSizer sizing software
available for free download at:
www.parkermotion.com

Recommended Stepper Motor

Motor Mounting Kit AD Dimension
Lv34

HV34 MD90-209 24.5 mm
Lv34

HV34 MT90-005 35.3 mm

Sizing/Selection Design Assistance

To properly size and select a
gearhead for a specific application
requires consideration of several
interrelated parameters including:
speed, continuous torque, repetitive
peak torque or acceleration torque,
emergency stop torque, duty cycle,
ambient temperature and radial and
axial shaft load.

The 9 step procedure on pages 72-73
provides a straightforward method
of selecting the correct gearhead for
your application.
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